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TQP9221-PCB Application Circuit Schematic and Layout 
 

 

 
 
 

 
 

Bill of Material -  TQP9221-PCB 
 

Ref Des Value Description Manuf. Part Number 
n/a n/a Printed Circuit Board   

U1 n/a High Linearity 0.25 W Power Amplifier TriQuint TQP9221 

R1 0 Ω Resistor, Chip, 0603, 5% various  

C1 0.01 uF Capacitor, Chip, 0603, 5% various  

C11 100 pF Capacitor, Chip, 0603, 5% various  

C3, C9 0.1 uF Capacitor, Chip, 0603, 5% various  

C5, C14 10 uF Capacitor , Chip, 6032, 10%, Tantalum various  

C6, C10 1000 pF Capacitor , Chip, 0603, NPO/COG, 5% various  
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